GEMÜ 567 eSyDrive: Expansion of the product range

After the successful expansion of nominal sizes for the pneumatically operated GEMÜ 567 BioStar control diaphragm globe valve, the GEMÜ 567 eSyDrive motorized control valve will also be available in additional nominal sizes with immediate effect.

The GEMÜ 567 eSyDrive with DIN and ISO connections 17 and 60 as a spigot and DIN and ISO connections 82 and 86 as a clamp is now also available in nominal sizes DN 25, 32, 40 and 50. For ASME connections 59 (spigot) and 88 (clamp), the product range has been expanded with nominal sizes DN 25, 40, 50 and 65. These expansions enable motorized control with flow rates up to 63 m³/h.
Optimizations made as part of the expansion of the product range have made it possible to reduce the previously available nominal sizes DN 8 to 15 with DIN and ISO connections and the nominal sizes DN 15 to 20 with ASME connections by one actuator size. 

The GEMÜ 567 eSyDrive control valve is designed for aseptic applications and is based on a unique sealing concept – the PD design (plug diaphragm technology). This type of design has been developed by GEMÜ in order to unite the advantages of diaphragm valves with the advantages of globe valves. The valve's geometry allows for a hermetic separation of the actuator from the media flow and a high level of control accuracy. It enables quantities of 2 l/h right up to 63,000 l/h to be safely controlled, as well as batched quickly and precisely.

