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pneumatically operated
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Areas of application
•	 Industrial water treatment  
•	 Power generation and environmental engineering  
•	 Mechanical engineering and processing industry

Features
•	 Advanced seal design
•	 Modular actuator concept
•	 Modular construction
•	 Simple installation
•	 Low torques

Butterfly valves with elastomer liner 
GEMÜ C480 Victoria



Description
Soft seated butterfly valve in wafer, lug and  
U section design. 
There are various actuator types available:

•	 with bare shaft: GEMÜ C480
•	 pneumatic: GEMÜ C481
•	 manual: GEMÜ C487
•	 motorized: GEMÜ C488

Technical data
•	 Media temperature*: 

-10 to 70 °C
•	 Ambient temperature: 

-20 to 95 °C
•	 Operating pressure*: 

3 to 16 bar
•	 Nominal sizes: 

DN 700 to 1600
•	 Body configurations: 

Lug | U section | Wafer
•	 Body materials: 

EN-GJS-400-15 (GGG 40)
•	 Seat (liner) material: 

EPDM | NBR
•	 Disc material: 

1.4408 Investment casting l 1.4469 Duplex |  
EN-GJS-400-15 (GGG 40)

•	 Conformities: 
ACS | EAC

*   depending on version and/or operating parameters

Applications
•	 Water treatment
•	 Distribution of gas and liquids
•	 Sea water desalination
•	 Power plants
•	 Irrigation systems

GEMÜ Gebr. Müller Apparatebau GmbH & Co. KG 
Fritz-Müller-Straße 6–8 · 74653 Ingelfingen · Germany · Phone +49 (0)7940 123-0 · info@gemue.de Su

bj
ec

t t
o 

al
te

ra
tio

n 
· 0

3/
20

25
 · 

88
45

84
91

Reduced torque 
Disc with rounded off 
edges

Standard interface 
Top flange acc. to  
EN ISO 5211

Force-locking 
Seat seal with  
shoulder

Low wear 
Shaft mounted in  
bearing bushings

Safe 
Shaft locking facility prevents 
shaft from outblowing

Variable 
Modular actuator  
concept can be adapted 
to the individual appli-
cation


